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Basic mounting rules

OK

OK90°

Only mount
actuator in vertical

position with
motor down!

Only mount
actuator in horizontal

position with
motor down!

Only mount actuator in these points!

Do not exceed the max. permissible distance between the mounting points!

Load can only
be applied to the

actuator in vertical
direction!

Load can be applied to
the actuator in any direction!

T-slot mounting kit
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Connection of actuator

Wire cross section

Cable data Maximum stroke

CAUTION!
Always turn the power off before working on the actuator or the wiring.
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brown red

Total wire length (L)

necessary cross section (mm )

12 VDC

24 VDC

2

blue green

Table is based on ambient temperature = 30°C or less.

Voltage Current mm

(VDC) (A) L = 2 m L = 5 m L = 9 m

12 0 – 13 1.5 2.5 4

24 0 – 7 1.5 1.5 1.5

2

DT••-•••M••••C••

DT••-•••M••••C••

DT••-•••M••••U••

DT••-•••M••••C•• = 2 m
DT••-•••M••••U•• = 0 m
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L = 2 m

2 × 1,5 mm
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Never drive actuator pass the arrows!

Max. stroke

Position of

type designation sign






